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MatchMate Plus®
The 3 Minute Crimp Hose Assembly System
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Global Fittings

Global TTC Fittings for use with Hose: GH120, GH194, GH195, GH663, GH781, GH793

Global TTC12 Fittings for use with Hose: GH493

ALL DIMENSIONS IN INCHES

TTC TTC12
Part Part Flange Hose A D ED H @ 2)
Number Number Head Dia. Size (ins.) (ins.) (ins.) (ins.) (ins.) (ins.)
A
Thy e
Kﬁ ¢ lIDE
L £
S.A.E. Code 62 Split Flange (FH)
- 1B8FH8 1.25 -08 3.23 2.06 37
- 1B12FH8 1.63 -08 3.27 2.10 .38
- 1B12FH10 1.63 -10 3.26 2.11 .50
- 1B12FH12 1.63 -12 331 2.12 .61
- 1B16FH12 1.87 -12 331 2.12 .61
- 1B16FH16 1.87 -16 3.50 2.14 .81
- 1B20FH16 2.13 -16 3.80 2.44 .81
- 1B20FH20 2.13 -20 4.24 2.51 1.05
- 1B24FH20 2.50 -20 4.24 2.51 1.05
- 1B24FH24 2.50 -24 4.40 2.58 1.26
- 1B32FH32 3.12 -32 5.11 2.63 1.62
—A
D%
Hﬁﬁ JIE
K
)
S.A.E. Code 62 Split Flange 22%° Elbow (FHD)
- 1B32FHD32 3.12 -32 6.69 4.64 1.62 .88
S.A.E. Code 62 Split Flange 30° Elbow (FHF)
- 1B32FHF32 3.12 -32 6.93 4.88 1.62 1.25
DL—-‘
gl
A
S.A.E. Code 62 Split Flange 45° Elbow (FHA)
- 1B12FHAL2 1.63 -12 3.66 2.46 56 1.00
- 1B16FHAL6 1.87 -16 4.35 3.00 .76 1.06
- 1B20FHAL6 2.13 -16 481 3.46 .76 1.15
- 1B20FHA20 2.13 -20 5.26 3.52 1.01 1.15
- 1B24FHA24 2.50 -24 6.07 4.25 1.19 141
- 1B32FHA32 3.12 -32 7.53 5.05 1.62 2.00
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Global Fittings

Global TTC Fittings for use with Hose: GH120, GH194, GH195, GH663, GH781, GH793

Global TTC12 Fittings for use with Hose: GH493
ALL DIMENSIONS IN INCHES

TTC TTC12
Part Part Flange Hose A D EO H @ @)
Number Number Head Dia. Size (ins.) (ins.) (ins.) (ins.) (ins.) (ins.)
Di—\
HXK 0 \E
K
A

S.A.E. Code 61 Split Flange 30° Elbow (FLF)

- 1B8FLF8 1.19 -08 3.32 2.15 .37 .50
- 1B12FLF12 1.50 -12 3.94 2.75 .56 .62
- 1B16FLF12 1.75 -12 4.38 3.19 .56 .64
- 1B16FLF16 1.75 -16 4.57 3.22 .76 .64
- 1B20FLF16 2.00 -16 5.04 3.69 .76 .67
- 1B20FLF20 2.00 -20 5.49 3.76 1.01 .67
- 1B24FLF20 2.37 -20 6.22 4.49 1.01 .82
- 1B24FLF24 2.37 -24 6.36 4.54 1.19 .82
- 1B32FLF32 2.81 -32 7.37 4.88 1.62 1.25
- 1B40FLF32 3.31 -32 7.42 4.93 1.62 1.28

e

L<K\/
S.A.E. Code 61 Split Flange 60° Elbow (FLG)

- 1B8FLGS8 1.19 -08 3.57 2.40 37 1.13
- 1B12FLG12 1.50 -12 4.42 3.23 .56 1.39
- 1B16FLG12 1.75 -12 5.05 3.86 .56 151
1A16FLG16 1B16FLG16 1.75 -16 5.24 3.89 .76 151
- 1B20FLG16 2.00 -16 5.95 4.60 .26 1.57
- 1B20FLG20 2.00 -20 6.40 4.67 1.01 1.57
- 1B24FLG20 2.37 -20 7.34 5.61 1.01 181
- 1B24FLG24 2.37 -24 7.47 5.65 1.19 181
- 1B32FLG32 2.81 -32 7.68 5.20 1.62 2.87

—p-As
Y
~/

._DL
P
W S

K/

S.A.E. Code 61 Split Flange 67%" Elbow (FLE)

- 1B8FLES 1.19 -08 3.40 2.24 .37 1.27
- 1B12FLE12 1.50 -12 4.22 3.04 .56 1.59
- 1B16FLE12 1.75 -12 4.84 3.65 .56 1.74
- 1B16FLE16 1.75 -16 5.03 3.67 .76 1.74
- 1B20FLE16 2.00 -16 5.73 4.38 .76 1.83
1AP20FLE20 * - 2.00 -20 6.18 4.44 1.01 1.83
1AT20FLE20 ** - 2.00 -20 6.18 4.44 1.01 1.83
- 1B20FLE20 2.00 -20 6.18 4.44 1.01 1.83
- 1B24FLE24 2.37 -24 7.21 5.39 1.19 2.14
- 1B32FLE32 2.81 -32 7.57 5.08 1.62 3.25

*Uses 1 wire braid hose socket.
**Uses 2 wire braid hose socket.
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Female ORS Swivel 45° Elbow (FRA)

Global Fittings

Global TTC Fittings for use with Hose: GH120, GH194, GH195, GH663, GH781, GH793

Global TTC12 Fittings for use with Hose: GH493

ALL DIMENSIONS IN INCHES

Hose A D EO H @ )
Thread Size (ins.) (ins.) (ins.) (ins.) (ins.) (ins.)
Female ORS Swivel 45° Elbow (FRA)
1AAAFRA4 - 9/16 -18 -04 2.12 1.20 A7 41 .69
1AAGFRA4 - 11/16 -16 -04 2.30 1.38 A7 43 .81
1AA4FRAG - 916 -18 -06 2.30 1.30 17 41 .69
1AABFRAG 1BA6FRAG 11/16 -16 -06 2.43 1.43 .26 43 .81
1AABFRA6 1BA8FRA6 13/16 -16 -06 2.74 1.74 .26 .59 .94
1AAGFRA8 - 11/16 -16 -08 2.65 1.48 .26 43 .81
1AABFRA8 1BABFRA8 13/16 -16 -08 2.96 1.79 .36 .59 .94
1AA10FRA8 - 1-14 -08 3.18 2.01 .38 .65 1.12
1AA12FRA8 - 13/16 -12 -08 3.51 2.34 .38 .83 1.38
1AA10FRAL0 - 1-14 -10 3.18 2.02 45 .65 1.12
1AA12FRA10 - 13/16 -12 -10 3.52 2.36 .50 .83 1.38
1AA12FRA12 1BA12FRA12 13/16 -12 -12 3.57 2.38 .55 .83 1.38
1AA16FRA12 - 17/16 -12 -12 4.04 2.85 .61 .94 1.62
1AA16FRA16 1BA16FRA16 1716 -12 -16 4.23 2.88 .78 .94 1.62
- 1BA20FRA20 11116 -12 -20 5.10 3.37 1.02 1.00 1.88
1AR20FRA20 * - 11116 -12 -20 5.10 3.37 1.02 1.00 1.88
1AV20FRA20 ** - 11116 -12 -20 5.10 3.37 1.02 1.00 1.88
- - 2-12 -20 5.49 3.76 1.01 1.07 2.25
1AR24FRA20 * - 2-12 -20 5.49 3.76 1.01 1.07 2.25
1AV24FRA20 ** - 2-12 -20 5.49 3.76 1.01 1.07 2.25
1AA24FRA24 - 2-12 -24 4.54 2.71 1.26 1.07 2.25

*Uses 1 wire braid hose socket.
**Uses 2 wire braid hose socket.

19



ﬁé\eroquip

Global Fittings

=
Female ORS Swivel (FRB)

—n—"ﬂﬂ
]7 _E

H

Female ORS Swivel (FRC)

Global TTC Fittings for use with Hose: GH120, GH194, GH195, GH663, GH781, GH793

Global TTC12 Fittings for use with Hose: GH493

ALL DIMENSIONS IN INCHES

Hose A D EO H @ )
Thread Size (ins.) (ins.) (ins.) (ins.) (ins.) (ins.)
op Elbow (FRB)

1AA4FRB4 - 9/16 - 18 -04 2.09 1.17 A7 .82 .69
1AAGFRB4 - 11/16 - 16 -04 2.22 1.30 A7 .90 .81
- - 3/16 - 16 -04 2.37 1.45 A7 1.19 .94
1AA4FRB6 - 9/16 - 18 -06 2.21 1.21 A7 .82 .69
1AA6FRB6 1BA6FRB6 116 - 16 -06 2.34 1.34 .26 .90 .81
1AA8FRB6 1BA8FRB6 13/16 - 16 -06 2.62 1.62 .26 1.15 .94
1AAGFRB8 1BAGFRB8 11/16 - 16 -08 2.56 1.39 .26 .90 .81
1AA8FRB8 1BASFRB8 1316 - 16 -08 2.84 1.67 .36 1.15 .94
1AA10FRBS8 1BA10FRBS8 1-14 -08 3.07 191 .38 1.27 112
1AA12FRB8 1BA12FRB8 13/16 - 12 -08 3.45 2.28 .38 1.88 1.38
1AA10FRB10 1BA10FRB10 1-14 -10 3.07 1.91 45 1.27 1.12
1AA12FRB10 1BA12FRB10 13/16 - 12 -10 3.44 2.29 .50 1.88 1.38
1AA10FRB12 - 1-14 -12 3.11 1.93 .45 1.27 1.12
1AA12FRB12 1BA12FRB12 13/16 - 12 -12 3.49 2.30 .55 1.88 1.38
1AA16FRB12 1BA16FRB12 1716 - 12 -12 4.04 2.85 .61 2.21 1.62
1AA16FRB16 1BA16FRB16 1716 - 12 -16 4.22 2.87 .81 2.21 1.62
1AA20FRB16 - 1116 - 12 -16 4.85 3.50 .81 2.51 1.88
- 1BA20FRB20 11116 - 12 -20 5.30 3.57 1.02 2.51 1.88
1AR20FRB20 * - 1116 - 12 -20 5.30 3.57 1.02 251 1.88
1AV20FRB20 ** - 11116 - 12 -20 5.30 3.57 1.02 2.51 1.88
1AA24FRB24 - 2-12 -24 4.63 2.81 1.26 2.70 2.25
Female ORS Swivel 90° Long Drop Elbow (FRC)

1AA4FRC4 - 916 - 18 -04 2.09 1.17 A7 1.80 .69
1AAGFRC4 - 116 - 16 -04 2.22 1.30 A7 2.13 .81
1AA8FRC4 - 13/16 - 16 -04 2.59 1.67 A7 2.55 .94
1AA6FRC6 1BAG6FRC6 11/16 - 16 -06 2.34 1.34 .24 2.13 .81
1AA8FRC6 1BA8FRC6 13/16 - 16 -06 2.71 1.71 .26 2.55 .94
1AA8FRC8 1BABFRCS8 13/16 - 16 -08 2.86 1.70 37 2.55 .94
1AA10FRCS8 1-4 -08 3.07 1.91 .38 2.76 1.12
1AA10FRC10 - 1-14 -10 3.07 191 46 2.76 112
1AA12FRC12 1BA12FRC12 13/16 - 12 -12 3.48 2.29 .56 3.78 1.38
1AA16FRC12 - 1716 - 12 -12 4.04 2.85 .61 4.50 1.62
1AA16FRC16 1BA16FRC16 17/16 - 12 -16 4.22 2.86 .78 4.50 1.62
- 1BA20FRC20 11116 - 12 -20 5.30 3.57 1.01 5.09 1.88
1AR20FRC20 * - 1116 - 12 -20 5.30 3.57 1.01 5.09 1.88
1AV20FRC20 ** - 11116 - 12 -20 5.30 3.57 1.01 5.09 1.88
1AA24FRC24 - 2-12 -24 4.63 2.81 1.26 5.54 2.25

*Uses 1 wire braid hose socket.
**Uses 2 wire braid hose socket.
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[

Split Flange 90° (FLB)

Split Flange 22%° (FLD)

ey

Global Fittings

Global TTC Fittings for use with Hose: GH120, GH194, GH195, GH663, GH781, GH793

Global TTC12 Fittings for use with Hose: GH493

ALL DIMENSIONS IN INCHES

TTC
Part Flange Hose A D EO H @ )
Number Head Dia. Size (ins.) (ins.) (ins.) (ins.) (ins.) (ins.)
D -
= M
. | ||0E
T
k—
S.A.E. Code 61 Split Flange 90° Elbow (FLB)
1A8FLB8 - 1.19 -08 2.86 1.69 .37 1.63
- 1B8FLB8 1.19 -08 2.87 1.70 .37 1.63
1A12FLB8 - 1.50 -08 3.45 2.28 .37 2.13
1A12FLB10 1B12FLB10 1.50 -10 3.44 2.29 .50 2.13
1A12FLB12 1B12FLB12 1.50 -12 3.49 2.30 .55 2.13
1A16FLB12 1B16FLB12 1.75 -12 4.03 2.84 .61 2.38
- 1B20FLB12 2.00 -12 3.35 2.28 .81 2.62
1A12FLB16 - 1.50 -16 4.20 2.85 .76 217
1A16FLB16 1B16FLB16 1.75 -16 4.22 2.86 75 2.38
1A20FLB16 1B20FLB16 2.00 -16 4.85 3.50 .82 2.62
1A24FLB16 1B24FLB16 2.37 -16 5.59 4.24 .82 3.12
- 1B16FLB20 1.75 -20 4.66 2.93 75 2.38
1AP16FLB20 * - 1.75 -20 4.66 2.93 75 2.38
1AT16FLB20 ** - 1.75 -20 4.66 2.93 .75 2.38
- 1B20FLB20 2.00 -20 5.30 3.57 .98 2.62
1AP20FLB20 * - 2.00 -20 4.89 3.57 .98 2.62
1AT20FLB20 ** - 2.00 -20 4.89 3.57 .98 2.62
- 1B24FLB20 2.37 -20 6.04 4.31 1.05 3.12
1AP24FLB20 * - 2.37 -20 6.04 431 1.05 3.12
1AT24FLB20 ** - 2.37 -20 6.04 4.31 1.05 3.12
1A16FLB24 - 1.75 -24 4.80 2.97 75 2.38
- 1B16FLB24 1.75 -24 4,70 2.98 .81 2.38
1A24FLB24 1B24FLB24 2.37 -24 6.18 4.35 1.22 3.12
1A32FLB24 1B32FLB24 2.81 -32 7.27 5.45 1.22 4.50
1A32FLB32 - 2.81 -32 7.47 5.49 1.69 4.50
- 1B24FLB32 2.37 -32 6.42 4.37 1.12 3.12
- 1B32FLB32 2.81 -32 6.77 4,72 1.62 4.50
- 1B40FLB32 3.31 -32 7.20 4,72 1.62 4.56
b fpiﬂ
HTLX;_ ¢||ze Hf_f;_% | ¢ |I0E
e L
S.A.E. Code 61 Split Flange 22%° Elbow (FLD)
- 1B8FLD8 1.19 -08 3.38 2.20 .37 .36
- 1B12FLD8 1.50 -08 3.97 2.80 37 A4
- 1B12FLD12 1.50 -12 4.01 2.82 .56 44
- 1B16FLD12 1.75 -12 4.45 3.26 .56 45
1A16FLD16 1B16FLD16 1.75 -16 4.64 3.29 .76 .45
1A20FLD16 1B20FLD16 2.00 -16 5.12 3.77 .76 .46
- 1B20FLD20 2.00 -20 5.57 3.83 1.01 .46
1AP20FLD20* - 2.00 -20 5.57 3.83 1.01 46
1AT20FLD20** - 2.00 -20 5.57 3.83 1.01 .46
- 1B24FLD20 2.37 -20 6.31 4.58 1.01 .56
- 1B24FLD24 2.37 -24 6.45 4.63 1.19 .56
- 1B32FLD32 2.81 -32 7.13 4.64 1.62 .88

*Uses 1 wire braid hose socket.
**Uses 2 wire braid hose socket.
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Global Fittings

H
LA
<K

e
TE

%
S.A.E. Code 61 Split Flange 45° Elbow (FLA)

Global TTC Fittings for use with Hose: GH120, GH194, GH195, GH663, GH781, GH793

Global TTC12 Fittings for use with Hose: GH493
ALL DIMENSIONS IN INCHES

TTC TTC12
Part Part Flange Hose A D EO H @ )
Number Number Head Dia. Size (ins.) (ins.) (ins.) (ins.) (ins.) (ins.)
D— D—
e |l ;e
KD KD

S.A.E. Code 61 Split Flange 45° Elbow (FLA)

1A8FLAS8 - 1.19 -08 3.1 1.49 37 .78
- 1B8FLA8 1.19 -08 3.13 1.96 37 .78
1A12FLA8 - 1.50 -08 3.64 2.47 37 1.00
- 1B12FLA8 1.50 -08 3.66 2.50 .37 1.00
1A12FLA10 - 1.50 -10 3.68 2.53 .46 1.00
- 1B12FLA10 1.50 -10 3.62 2.46 .50 1.00
1A12FLA12 - 1.50 -12 3.67 2.48 .58 1.01
- 1B12FLA12 1.50 -12 3.66 2.46 .56 1.00
1A16FLA12 - 1.75 -12 4.16 2.97 .58 1.06
- 1B16FLA12 1.75 -12 4.16 2.97 .56 1.06
- 1B20FLA12 2.00 -12 3.66 2.46 .56 1.00
1A12FLA16 - 1.50 -16 3.93 2.57 .58 1.01
1A16FLA16 1B16FLA16 1.75 -16 4.35 3.00 .76 1.06
1A20FLA16 - 2.00 -16 4.81 3.45 .76 1.15
- 1B20FLA16 2.00 -16 4.81 3.46 .76 1.15
- 1B16FLA20 1.75 -20 4.80 3.06 .76 1.06
1AP16FLA20 - 1.75 -20 4.80 3.06 .76 1.06
1AT16FLA20 - 1.75 -20 4.80 3.06 .76 1.06
- - 2.00 -20 5.28 3.55 1.01 1.18
- 1B20FLA20 2.00 -20 5.26 3.52 1.01 1.15
1AP20FLA20 - 2.00 -20 5.28 3.55 1.01 1.18
1AT20FLA20 - 2.00 -20 5.28 3.55 1.01 1.18
- 1B24FLA20 2.37 -20 5.94 4.20 1.01 141
1AP24FLA20 - 2.37 -20 5.94 4.20 1.01 141
1AT24FLA20 - 2.37 -20 5.94 4.20 1.01 141
1A20FLA24 - 2.00 -24 4,54 2.72 1.26 1.08
1A24FLA24 - 2.37 -24 6.07 4.25 1.26 141
- 1B24FLA24 2.37 -24 6.07 4.25 1.19 141
1A32FLA24 - 2.81 -24 6.07 4.25 1.26 141
- 1B32FLA24 2.81 -24 7.30 5.47 1.19 2.00
1A24FLA32 - 2.37 -32 6.27 4.29 1.26 141
1A32FLA32 - 2.81 -32 7.49 5.52 1.75 2.00
- 1B32FLA32 2.81 -32 7.53 5.05 1.62 2.00
1A40FLA32 - 3.31 -32 5.27 3.29 1.75 1.30
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Male ORS (MR)

:Dﬁ“
E
-

Male Staplok (SL)

Male S.A.E. Inverted Flare Swivel (MF)

Global Fittings

Global TTC Fittings for use with Hose: GH120, GH194, GH195, GH663, GH781, GH793

Global TTC12 Fittings for use with Hose: GH493

ALL DIMENSIONS IN INCHES

TTC TTC12
Part Part Hose A D EO H @ )
Number Number Thread Size (ins.) (ins.) (ins.) (ins.) (ins.) (ins.)
2 2
% ¢ ||PE 1| £ |[||J=E
Male ORS (MR
1AA4AMR4 - 916 - 18 -04 1.78 .86 A7 .62
1AA6MR6 1BA6MR6 11/16 - 16 -06 1.99 .99 .26 75
1AA8BMR6 1BASMR6 13/16 - 16 -06 1.95 .95 .26 .88
1AABMR8 1BASMRS8 1316 - 16 -08 2.30 1.13 .38 .88
1AA12MR12 1BA12MR12 13/16 - 12 -12 2.63 1.44 .61 1.25
1AA16MR12 1BA16MR12 1716 - 12 -12 2.53 1.34 .61 1.50
- - 1716 - 12 -16 3.00 1.64 .81 1.50
D— D—
ol |- [ e L[l
A | QR ]

Male Staplok (SL)
1A4SL4 - -04 2.18 1.26 A7
1A6SL6 1B6SL6 -06 2.30 1.30 .26
1A8SL6 1B8SL6 -06 2.30 1.30 .26
1A8SL8 1B8SL8 -08 2.52 1.35 .38
1A12SL12 1B12SL12 -12 2.56 1.37 .61
1A16SL16 1B16SL16 -16 2.95 1.60 .81
- 1B20SL20 -20 3.40 1.67 1.05
1AP20SL20 * - -20 3.40 1.67 1.05
1AT20SL20 ** - -20 3.40 1.67 1.05
1A32SL32 - -32 3.87 1.89 1.75
P
%@ [z
Male S.A.E. Inverted Flare Swivel (MF)
1AAAMF3 - 716 - 24 -03 2.15 1.46 10 44
1AA3MF4 - 3/g - 24 -04 242 2.50 .10 .38
1AA4AMF4 - 716 - 24 -04 2.39 1.46 A7 44
1AASMF4 - 1/2 - 20 -04 2.39 1.46 A7 .50
1AA5MF6 - 12 - 20 -06 2.60 1.61 .24 .50
1AA4MF6 - 716 - 24 -06 2.53 1.53 A7 44
1AA6MF6 - S/g - 18 -06 2.60 1.61 .26 .62
1AABMF8 - 3/4-18 -08 2.79 1.62 .38 75

*Uses 1 wire braid hose socket.
**Uses 2 wire braid hose socket.
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Global Fittings

@@ﬂmﬂﬂjze

Male S.A.E. IFS 45° (MFA)

Male IFS 90° (MFB)

Global TTC Fittings for use with Hose: GH120, GH194, GH195, GH663, GH781, GH793

Global TTG12 Fittings for use with Hose: GH493

ALL DIMENSIONS IN INCHES

TTC TTC12
Part Part Hose A D EO H @ @)
Number Number Thread Size (ins.) (ins.) (ins.) (ins.) (ins.) (ins.)
D——

7l | ||

Male S.A.E. Inverted Flare Swivel 45° Elbow (MFA)

1AAAMFA4 - /16 - 24 -04 2.67 1.75 A7 .96 A4
1AA4MFA6 - 716 - 24 -06 2.81 1.81 A7 .96 44
1AA5MFA6 - 12-20 -06 2.89 1.88 .24 .96 .50
1AA6MFA6 - S/ - 18 -06 2.89 1.88 .26 .96 .62
1AA8BMFA8 - 3/4-18 -08 3.07 1.90 .38 .93 .75

E
I
=
Male S.A.E. Inverted Flare Swivel 90° Elbow (MFB)

1AAAMFB4 - /16 - 24 -04 2.29 1.37 A7 1.69 A4
1AAMFB4 - 12-20 -04 2.29 1.37 A7 1.73 .50
1AAMFB6 - 716 - 24 -06 243 1.44 A7 1.69 44
1AA5MFB6 - 12-20 -06 251 151 .24 1.73 .50
1AA6MFB6 - 5/g - 18 -06 251 151 .26 1.73 .62
1AABMFB8 - 3/4-18 -08 2.73 1.56 .38 1.75 75
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aé\eroquip Y Global Fittings

Global TTC Fittings for use with Hose: GH120, GH194, GH195, GH663, GH781, GH793

A
-y
i%ﬂﬂ]ﬂ]ﬂﬂﬂﬂﬁ Global TTC12 Fittings for use with Hose: GH493
S.AE. Code 61 Split Flange (FL) ALL DIMENSIONS IN INCHES
TTC TTC12
Part Part Flange Hose A D EO H @ )
Number Number Head Dia. Size (ins.) (ins.) (ins.) (ins.) (ins.) (ins.)
—D—i A
T D . T D—ﬁﬂ
e[ [P | ko]
J_ £
S.A.E. Code 61 Split Flange (FL)
1A8FL8 1B8FL8 1.19 -08 3.23 2.06 .38
1A12FL8 1B12FL8 1.50 -06 3.27 2.10 .38
1A12FL10 1B12FL10 1.50 -10 3.26 2.10 .50
1A12FL12 1B12FL12 1.50 -12 3.31 2.12 .61
1A16FL12 1B16FL12 1.75 -12 3.31 2.12 .61
1A20FL12 1B20FL12 2.00 -12 3.61 2.42 .61
1A12FL16 - 1.50 -16 3.50 2.14 .58
1A16FL16 1B16FL16 1.75 -16 3.49 2.14 .82
1A20FL16 1B20FL16 2.00 -16 3.79 2.44 .82
1A24FL16 1B24FL16 2.38 -16 3.83 2.47 .82
- 1B16FL20 1.75 -20 3.94 2.21 .82
1AP16FL20 * - 1.75 -20 3.94 2.21 .82
1AT16FL20 ** - 1.75 -20 3.94 2.21 .82
- 1B20FL20 2.00 -20 4.24 2.51 1.05
1AP20FL20 * - 2.00 -20 4.24 2.51 1.05
1AT20FL20 ** - 2.00 -20 4.24 2.51 1.05
- 1B24FL20 2.38 -20 4.27 2.54 1.05
1AP24FL20 * - 2.38 -20 4.27 2.54 1.05
1AT24FL20 ** - 2.38 -20 4.27 2.54 1.05
- 1B32FL20 2.81 -20 4.27 2.54 1.01
1AP32FL20 * - 2.81 -20 4.27 2.54 1.01
1AT32FL20 ** - 2.81 -20 4.27 2.54 1.01
1A20FL24 - 2.00 -24 4.37 2.55 1.05
1A24FL24 1B24FL24 2.38 -24 4.40 2.58 1.26
1A32FL24 1B32FL24 2.81 -24 4.40 2.58 1.19
1A24FL32 - 2.38 -32 4.61 2.63 1.26
1A32FL32 - 2.81 -32 4.61 2.63 1.75
- 1B24FL32 2.37 -32 4.68 2.63 1.12
- 1B32FL32 2.81 -32 4.68 2.63 1.62
- 1B40FL32 3.31 -32 4.68 2.63 1.62
1A40FL32 - 3.31 -32 4.60 2.63 1.75
- 1B40FL32 3.31 -32 5.11 2.63 1.62

*Uses 1 wire braid hose socket.
**Uses 2 wire braid hose socket.
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